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The Driving Force in Power Transmission.

Product No. Series 9274
8mm Pitch - 12mm Wide

www.gates.com/pt

Part
No.

Product
No.

No.of
Teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-640-12
8MGT-720-12
8MGT-800-12
8MGT-896-12
8MGT-960-12

9274-0080
9274-0090
9274-0100
9274-0112
9274-0120

80
90
100
112
120

640
720
800
896
960

0.04
0.04
0.05
0.05
0.06

Part
No.

Product
No.

No.of
Teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-1000-12
8MGT-1040-12
8MGT-1120-12
8MGT-1200-12
8MGT-1224-12

9274-0125
9274-0130
9274-0140
9274-0150
9274-0153

125
130
140
150
153

1000
1040
1120
1200
1224

0.06
0.06
0.07
0.07
0.07

Prices Subject to Change Without Notice

Polyurethane
Construction

Carbon Tens?c
Cords

Carbon Blue Nylon
Tooth Facing

Patented Curvilinear
Tooth Profile



Gates Corporation

Product No. Series 9274 (continued)
8mm Pitch - 12mm Wide (continued)

8mm Pitch - 21mm Wide

8mm Pitch - 62mm Wide

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-1280-12
8MGT-1440-12
8MGT-1600-12
8MGT-1760-12
8MGT-1792-12

9274-0160
9274-0180
9274-0200
9274-0220
9274-0224

160
180
200
220
224

1280
1440
1600
1760
1792

0.08
0.08
0.09
0.10
0.11

8MGT-2000-12
8MGT-2200-12
8MGT-2240-12
8MGT-2400-12
8MGT-2520-12

9274-0250
9274-0275
9274-0280
9274-0300
9274-0315

250
275
280
300
315

2000
2000
2240
2400
2520

0.12
0.13
0.13
0.14
0.15

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-2600-12
8MGT-2800-12
8MGT-2840-12
8MGT-3048-12
8MGT-3200-12

9274-0325
9274-0350
9274-0355
9274-0381
9274-0400

325
350
355
381
400

2600
2800
2840
3048
3200

0.15
0.17
0.17
0.18
0.19

8MGT-3280-12
8MGT-3600-12
8MGT-4000-12
8MGT-4400-12
8MGT-4480-12

9274-0410
9274-0450
9274-0500
9274-0550
9274-0560

410
450
500
550
560

3280
3600
4000
4400
4480

0.19
0.21
0.24
0.26
0.26

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-640-21
8MGT-720-21
8MGT-800-21
8MGT-896-21
8MGT-960-21

9274-1080
9274-1090
9274-1100
9274-1112
9274-1120

80
90
100
112
120

640
720
800
896
960

0.07
0.07
0.08
0.09
0.10

8MGT-1000-21
8MGT-1040-21
8MGT-1120-21
8MGT-1200-21
8MGT-1224-21

9274-1125
9274-1130
9274-1140
9274-1150
9274-1153

125
130
140
150
153

1000
1040
1120
1200
1224

0.10
0.11
0.12
0.12
0.13

8MGT-1280-21
8MGT-1440-21
8MGT-1600-21
8MGT-1760-21
8MGT-1792-21

9274-1160
9274-1180
9274-1200
9274-1220
9274-1224

160
180
200
220
224

1280
1440
1600
1760
1792

0.13
0.15
0.17
0.18
0.18

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-2000-21
8MGT-2200-21
8MGT-2240-21
8MGT-2400-21
8MGT-2520-21

9274-1250
9274-1275
9274-1280
9274-1300
9274-1315

250
275
280
300
315

2000
2200
2240
2400
2520

0.21
0.23
0.23
0.25
0.26

8MGT-2600-21
8MGT-2800-21
8MGT-2840-21
8MGT-3048-21
8MGT-3200-21

9274-1325
9274-1350
9274-1355
9274-1381
9274-1400

325
350
355
381
400

2600
2800
2840
3048
3200

0.27
0.29
0.29
0.31
0.33

8MGT-3280-21
8MGT-3600-21
8MGT-4000-21
8MGT-4400-21
8MGT-4480-21

9274-1410
9274-1450
9274-1500
9274-1550
9274-1560

410
450
500
550
560

3280
3600
4000
4400
4480

0.34
0.37
0.41
0.45
0.46

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-640-36
8MGT-720-36
8MGT-800-36
8MGT-896-36
8MGT-960-36

9274-2080
9274-2090
9274-2100
9274-2112
9274-2120

80
90
100
112
120

640
720
800
896
960

0.11
0.13
0.14
0.16
0.17

8MGT-1000-36
8MGT-1040-36
8MGT-1120-36
8MGT-1200-36
8MGT-1224-36

9274-2125
9274-2310
9274-2140
9274-2150
9274-2153

125
130
140
150
153

1000
1040
1120
1200
1224

0.18
0.18
0.20
0.21
0.22

8MGT-1280-36
8MGT-1440-36
8MGT-1600-36
8MGT-1760-36
8MGT-1792-36

9274-2160
9274-2180
9274-2200
9274-2220
9274-2224

160
180
200
220
224

1280
1440
1600
1760
1792

0.23
0.25
0.28
0.31
0.32

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-2000-36
8MGT-2200-36
8MGT-2240-36
8MGT-2400-36
8MGT-2520-36

9274-2250
9274-2275
9274-2280
9274-2300
9274-2315

250
275
280
300
315

2000
2200
2240
2400
2520

0.35
0.39
0.40
0.42
0.45

8MGT-2600-36
8MGT-2800-36
8MGT-2840-36
8MGT-3048-36
8MGT-3200-36

9274-2325
9274-2350
9274-2355
9274-2381
9274-2400

325
350
355
381
400

2600
2800
2840
3048
3200

0.46
0.50
0.50
0.54
0.57

8MGT-3280-36
8MGT-3600-36
8MGT-4000-36
8MGT-4400-36
8MGT-4480-36

9274-2410
9274-2450
9274-2500
9274-2550
9274-2560

410
450
500
550
560

3280
3600
4000
4400
4480

0.58
0.64
0.71
0.78
0.79

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-640-62
8MGT-720-62
8MGT-800-62
8MGT-896-62
8MGT-960-62

9274-3080
9274-3090
9274-3100
9274-3112
9274-3120

80
90
100
112
120

640
720
800
896
960

0.20
0.22
0.24
0.27
0.29

8MGT-1000-62 9274-3125 125 1000 0.30

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-1040-62
8MGT-1120-62
8MGT-1200-62
8MGT-1224-62
8MGT-1280-62

9274-3130
9274-3140
9274-3150
9274-3153
9274-3160

130
140
150
153
160

1040
1120
1200
1224
1280

0.32
0.34
0.37
0.37
0.39

8MGT-1440-62 9274-3180 180 1440 0.44

8mm Pitch - 36mm Wide
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Prices Subject to Change Without Notice



The Driving Force in Power Transmission.

14mm Pitch - 20mm Wide

14mm Pitch - 37mm Wide

14mm pitch - 68mm Wide

Product No. Series 9274 (continued)
8mm Pitch - 62mm Wide (continued)

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-1600-62
8MGT-1760-62
8MGT-1792-62
8MGT-2000-62
8MGT-2200-62

9274-3200
9274-3220
9274-3224
9274-3250
9274-3275

200
220
224
250
275

1600
1760
1792
2000
2200

0.49
0.54
0.55
0.61
0.67

8MGT-2240-62
8MGT-2400-62
8MGT-2520-62
8MGT-2600-62

9274-3280
9274-3300
9274-3315
9274-3325

280
300
315
325

2240
2400
2520
2600

0.68
0.73
0.77
0.79

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

8MGT-2800-62
8MGT-2840-62
8MGT-3048-62
8MGT-3200-62
8MGT-3280-62

9274-3350
9274-3355
9274-3381
9274-3400
9274-3410

350
355
381
400
410

2800
2840
3048
3200
3280

0.85
0.87
0.98
0.98
1.00

8MGT-3600-62
8MGT-4000-62
8MGT-4400-62
8MGT-4480-62

9274-3450
9274-3500
9274-3550
9274-3560

450
500
550
560

3600
4000
4400
4480

1.10
1.22
1.34
1.37

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-2450-20
14MGT-2520-20
14MGT-2590-20
14MGT-2660-20
14MGT-2800-20

9274-4175
9274-4180
9274-4185
9274-4190
9274-4200

175
180
185
190
200

2450
2520
2590
2660
2800

0.37
0.38
0.39
0.40
0.43

14MGT-3136-20
14MGT-3304-20
14MGT-3360-20
14MGT-3500-20
14MGT-3850-20

9274-4224
9247-4236
9274-4240
9274-4250
9274-4275

224
236
240
250
275

3136
3304
3360
3500
3850

0.48
0.50
0.51
0.53
0.58

14MGT-3920-20
14MGT-4326-20
14MGT-4410-20

9274-4280
9274-4309
9274-4315

280
309
315

3920
4326
4410

0.60
0.66
0.67

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-994-20
14MGT-1120-20
14MGT-1190-20
14MGT-1260-20
14MGT-1400-20

9274-4071
9274-4080
9274-4085
9274-4090
9274-4100

71
80
85
90
100

994
1120
1190
1260
1400

0.15
0.17
0.18
0.19
0.21

14MGT-1568-20
14MGT-1610-20
14MGT-1750-20
14MGT-1890-20
14MGT-1960-20

9274-4112
9274-4115
9274-4125
9274-4135
9274-4140

112
115
125
135
140

1568
1610
1750
1890
1960

0.24
0.24
0.27
0.29
0.30

14MGT-2100-20
14MGT-2240-20
14MGT-2310-20
14MGT-2380-20

9274-4150
9274-4160
9274-4165
9274-4170

150
160
165
170

2100
2240
2310
2380

0.32
0.34
0.35
0.36

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-994-37
14MGT-1120-37
14MGT-1190-37
14MGT-1260-37
14MGT-1400-37

9274-5071
9274-5080
9274-5085
9274-5090
9274-5100

71
80
85
90
100

994
1120
1190
1260
1400

0.28
0.31
0.33
0.35
0.39

14MGT-1568-37
14MGT-1610-37
14MGT-1750-37
14MGT-1890-37
14MGT-1960-37

9274-5112
9274-5115
9274-5121
9274-5135
9274-5140

112
115
125
135
140

1568
1610
1750
1890
1960

0.44
0.45
0.49
0.53
0.55

14MGT-2100-37
14MGT-2240-37
14MGT-2310-37
14MGT-2380-37

9274-5150
9274-5160
9274-5165
9274-5170

150
160
165
170

2100
2240
2310
2380

0.59
0.63
0.65
0.67

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-2450-37
14MGT-2520-37
14MGT-2590-37
14MGT-2660-37
14MGT-2800-37

9274-5175
9274-5180
9274-5185
9274-5190
9274-5200

175
180
185
190
200

2450
2520
2590
2660
2800

0.69
0.71
0.73
0.75
0.79

14MGT-3136-37
14MGT-3304-37
14MGT-3360-37
14MGT-3500-37
14MGT-3850-37

9274-5224
9274-5236
9274-5240
9274-5250
9274-5275

224
236
240
250
275

3136
3304
3360
3500
3850

0.88
0.93
0.94
0.98
1.08

14MGT-3920-37
14MGT-4326-37
14MGT-4410-37

9274-5280
9274-5309
9274-5315

280
309
315

3920
4326
4410

1.10
1.21
1.24

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-994-68
14MGT-1120-68
14MGT-1190-68
14MGT-1260-68
14MGT-1400-68

9274-6071
9274-6080
9274-6085
9274-6090
9274-6100

71
80
85
90
100

994
1120
1190
1260
1400

0.51
0.58
0.61
0.65
0.72

14MGT-1568-68
14MGT-1610-68
14MGT-1750-68
14MGT-1890-68

9274-6112
9274-6115
9274-6125
9274-6135

112
115
125
135

1568
1610
1750
1890

0.81
0.83
0.90
0.98

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-1960-68
14MGT-2100-68
14MGT-2240-68
14MGT-2310-68
14MGT-2380-68

9274-6140
9274-6150
9274-6160
9274-6165
9274-6170

140
150
160
165
170

1960
2100
2240
2310
2380

1.01
1.08
1.16
1.19
1.23

14MGT-2450-68
14MGT-2520-68
14MGT-2590-68
14MGT-2660-68

9274-6175
9274-6180
9274-6185
9274-6190

175
180
185
190

2450
2520
2590
2660

1.26
1.30
1.34
1.37
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Product No. Series 9274 (continued)
14mm Pitch - 68mm Wide (continued)

Part
No.

Product
No.

No.of
Teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-2800-68
14MGT-3136-68
14MGT-3304-68
14MGT-3360-68
14MGT-3500-68

9274-6200
9274-6224
9274-6236
9274-6240
9274-6250

200
224
236
240
250

2800
3136
3304
3360
3500

1.45
1.62
1.71
1.73
1.81

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-3850-68
14MGT-3920-68
14MGT-4326-68
14MGT-4410-68

9274-6275
9274-6280
9274-6309
9274-6315

275
280
309
315

3850
3920
4326
4410

1.99
2.02
2.24
2.28

14mm Pitch - 90mm Wide

14mm Pitch - 125mm Wide

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-994-90
14MGT-1120-90
14MGT-1190-90
14MGT-1260-90
14MGT-1400-90

9274-7071
9274-7080
9274-7085
9274-7090
9274-7100

71
80
85
90
100

994
1120
1190
1260
1400

0.68
0.77
0.81
0.86
0.96

14MGT-1568-90
14MGT-1610-90
14MGT-1750-90
14MGT-1890-90
14MGT-1960-90

9274-7112
9274-7115
9274-7125
9274-7135
9274-7140

112
115
125
135
140

1568
1610
1750
1890
1960

1.07
1.10
1.20
1.29
1.34

14MGT-2100-90
14MGT-2240-90
14MGT-2310-90
14MGT-2380-90

9274-7150
9274-7160
9274-7165
9274-7170

150
160
165
170

2100
2240
2310
2380

1.43
1.53
1.58
1.63

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-2450-90
14MGT-2520-90
14MGT-2590-90
14MGT-2660-90
14MGT-2800-90

9274-7175
9274-7180
9274-7185
9274-7190
9274-7200

175
180
185
190
200

2450
2520
2590
2660
2800

1.67
1.72
1.77
1.82
1.91

14MGT-3136-90
14MGT-3304-90
14MGT-3360-90
14MGT-3500-90
14MGT-3850-90

9274-7224
9274-7236
9274-7240
9274-7250
9274-7275

224
236
240
250
275

3136
3304
3360
3500
3850

2.14
2.26
2.30
2.39
2.63

14MGT-3920-90
14MGT-4326-90
14MGT-4410-90

9274-7280
9274-7309
9274-7315

280
309
315

3920
4326
4410

2.68
2.96
3.01

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-2450-125
14MGT-2520-125
14MGT-2590-125
14MGT-2660-125
14MGT-2800-125

9274-8175
9274-8180
9274-8185
9274-8190
9274-8200

175
180
185
190
200

2450
2520
2590
2660
2800

2.33
2.39
2.46
2.52
2.66

14MGT-3136-125
14MGT-3304-125
14MGT-3360-125
14MGT-3500-125
14MGT-3850-125

9274-8224
9274-8236
9274-8240
9274-8250
9274-8275

224
236
240
250
275

3136
3304
3360
3500
3850

2.98
3.13
3.19
3.32
3.65

14MGT-3920-125
14MGT-4326-125
14MGT-4410-125

9274-8280
9274-8309
9274-8315

280
309
315

3920
4326
4410

3.72
4.10
4.18

Part
No.

Product
No.

No.of
teeth

Pitch
Length
(mm.)

Wt.
Ea.
(kg)

14MGT-994-125
14MGT-1120-125
14MGT-1190-125
14MGT-1260-125
14MGT-1400-125

9274-8071
9274-8080
9274-8085
9274-8090
9274-8100

71
80
85
90
100

994
1120
1190
1260
1400

0.94
1.06
1.13
1.20
1.33

14MGT-1568-125
14MGT-1610-125
14MGT-1750-125
14MGT-1890-125
14MGT-1960-125

9274-8112
9274-8115
9274-8125
9274-8135
9274-8140

112
115
125
135
140

1568
1610
1750
1890
1960

1.49
1.53
1.66
1.79
1.86

14MGT-2100-125
14MGT-2240-125
14MGT-2310-125
14MGT-2380-125

9274-8150
9274-8160
9274-8165
9274-8170

150
160
165
170

2100
2240
2310
2380

1.99
2.13
2.19
2.26
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